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We are Nordic

Simplifying lives through all things connected
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Your complete low power wireless solution partner

High performance, Investing in 22nm World-class
low power product process node technical support
portfolio
Extensive ecosystem of Dual wafer Proven customer
HW, SW, tools and sourcing strategy satisfaction
services
Supporting all world- End-to-end Global network
leading wireless solution ownership of distribution
technologies partners
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Complete solution

Faster time-to-market

Next-gen Embedded World-class Customer Cloud lifecycle
hardware software support device services

nRF
CLOUD

powered by ° Memfault

Device management
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Consumer

1 I i'::f DevZone

ICs,SoCs SiPsPMICs NRFConnect SDK Developer community
Unified software

% DevAcademy

3rd party modules Mobile Apps Online handson trainings
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Healthcare

Embedded observability

9

Location services

/>

Industrial

SOLUTION DESIGN MODULE
PARTNER PARTNER PARTNER

Embedded SW stacks Extensive SW/HW Extensive technology
development tools partner program
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Nordic product overview

Cloud support across all our wireless connectivity solutions

Short-Range

NRF

B =

€ Bluetooth THREAD

SERIES

ax matter & zigbee

nRF
CLOUD

powered by * Memfault
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Cellular loT Wi-Fi 6 10T
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Short-Range

Next generation wireless loT
Based on 4th generation Nordic 2.4 GHz radio

Bringing the market-leading nNRF52 Series to the next level n R F m
RF 4w . .
n E > 2X processing power & energy efficiency m
n Advanced security m—
R Ultra-low power . m
Revolutionary multiprotocol System-on-Chip
nRF ¥
E New market standard on compute performance
T Strong platform for Al/ML at the edge
P =

State-of-the-art security
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Short-range product roadmap

Aggressively expanding the product offering

Fit for purpose
A Low voltage

A Ultra-low power
A Size constraints

Mainstream

A Ultra-low power

A Radio performance
A Range of products

High performance
A Multicore MCU

A Ample memory

A Rich peripherals

NORDIC’
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s Lowest power cellular loT solution & Industry leading
S ..', battery I'lfetlme and performance
-‘... .. '. * . : ¢
A

O o ~ Smallest - Globally certified cellular IoT module in the

Qe :
Q industry
fﬁ@.‘ Global coverage and connectivity d Across telecom

operators and Non-Terrestrial Networks

Ease of -use and longevity 0 Flexible developmé-‘ht options
with open application MCU and nRFCloud lifecycle services

LTE-1% @ NB-ior ‘e@ QGNSS O I

oy
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cloT product portfolio

Power optimizedcloT applications

NRF9160

NB-10T, LTEM
Fully integrated SiP
3GPPrel 13

NRF9161

.
Nordic - Serhiconduictor &
nRF9181 LACA
AxA
&%

74009EX.X.X
YYWW

NB-loT, LTEM
Fully integrated SiP

3GPPrel 2

Short-Range

NRFI9151

NB-l1oT, LTEM, GPS
DECT NR+, NTN
sub-GHz, Non-China
Power Class3&5

Wi-Fi Power Management

NRF9251

On 22nm technology
Lower Power
More integration
Higher performance
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Long-Range

Cellular loT made easy

Lowest power, World-class
smallest size

Fast timeto-market with a complete solution

support

NORDIC NORDIC

DevZone

Developer community

SiPModules with integrated Globally certified SiP Certified reference designs Design and connectivity
ARM Application MCU modules services
DevAcademy

Online hands-on trainings

Mature and globally nRFConnect SDK Complete cloud lifecycle
certified stack. Comprehensive SW services

nRF
CLOUD

powered by ° Memfault

Private 5G NR+ stack option

NORDICTECH
. WEBINARS

I M @ NB-IoT “® Q GNSS )
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Nordic WEFI 6 10T solutions

Low power, multiband and cloud connected

Low power
Enabling battery operated WiFi 6 10T applications
N\ Multiband 2.4 and 5 GHz
> Optimizing data throughput and coexistence

Robust Wi-Fi host stack
Robust and proven WiFi interoperability driven by opensource
strategy with broad developer adoption

Chip-to-cloud lifecycle services
Device provisioning, Firmware OveiThe-Air (FOTA) and location
services

D &




Short-Range Long-Range Power Management

Wi-Fi 6 product portfolio 71 (

Optimized for low power loT applications

SERIES

| |
nRF7002 NnRF7001 NRF7000 Next generation
Companion IC Companion IC Companion IC NRF71 Series SoCs

s nRF ¢\

'

s
frrrrEne

®
N7001

SERI

Full featured low power Costoptimized low Low-power Wi-Fi 6 Ultra-low power highly
Wi-Fi 6 loT solution power 2.4 GHz WiFi 6 Location-based services integrated multiradio SoC
loT solution solution with AI/ML accelerator
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ThenPM Family

Integrated, flexible and easyto-use

Highly integrated

[~ &
o

Reduced system
complexity, BOM and
board space

Copyright © 2025 Nordic Semiconductor. All rights reserved

Flexible

(-{a

Configure the PMIC to
match exactly your
requirements

Short-Range Long-Range Wi-Fi

nPM4

FAMILY

Easyto-use

Seamless hardware and
software integration enabling
fast time-to-market




PMIC product portfolio

nPM1100

Ultra-compact
for battery charging
with PCB footprint of

just 23 mm?

nPM1300

-
- NPM1300
q
q

CRARBO

Highly integrated
with advanced
battery management
functionality

nPM1304

Coming
soon

nPM
FAMILY
/

Highly integrated
and optimized for
small batteries

Short-Range

nPM2100

®
"Y,, NPM2100
s CcARRAAD
;‘-"1 2421AA

High performance
with ultra-efficient boost
regulator and fuel gauge
for primary cell batteries

Long-Range

Wi-Fi Power Management

nPM4

FAMILY
/

nPM6001

Advanced multi -rail

with six independently

controlled voltage
regulators

SEMICONDUCTOR




- Long Range loT
Connecting the world

December 2025

Frans Lutz

Senior Field Application Engineer
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Cellular loT made easy

Complete connectivity solution

Cloud Lifecycle Serviceq

Ultra-low power SiP module
,
@ 0, Ecosystem
N T =
®

N "-E_ Interface Software Connectivit
Ea Cellular loT e & Sense AL ity

(%\)) [,

Compute/Processing

Security

Power Management

LTE-ix}

@weior % 9GNss
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L emwmesmess N
Key markets for Nordic Cellular loT

loT megatrends in commercial and industrial markets

Metering Industrial loT

Lowest Power Lowest power Ease of use

Integrated location methods Secure supply chain Lowest power

Smallest size Rugged, fully washable module Performance and security

A
A
A
A

Synergies with Bluetooth/Wi-Fi One-stop shop from Nordic Synergies with Bluetooth/Wi-Fi

~2\ NORDIC
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. « . o - . ‘ : i
s Lowest power, : : : World-class
! ! pov Fast timeto-market with a complete solution
: smallest size support
-9 - :
* L%
N;%C_ N DevZone
Developer community
T : °SiﬁModulés with intégrated Globally certified SiP Certified reference designs Design and connectivity
. ARM Application MCU modules services
° DevAcademy
Oﬁline_hand'sioﬁ trainings ’*
CLOUD
NORDICTECH
TOUR
Mature and globally nRFConnect SDK Complete cloud lifecycle
certified stack. Comprehensive SW services

Private 5G NR+ stack option A
P ¢\ NORDICTECH

;%L WEBINARS

LTE-I%} @NB-IoT e, ACTNAN ng)
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)151 sets new standards

‘-',,'_'Ii-b.'v(i'e"sft-ja.d\)v'_éff'de_llular loT solution & Industry leading

5 ~ battery lifetime and performance
e

-"SmaI‘IeSt' - Globally certified cellular loT module in the
e | )

~ industry
&, N Global coverage and connectivity 8 Across telecom
N operators and Non-Terrestrial Networks

Ease of -use and longevity 0 Flexible devel_opmétﬁt options
with open application MCU and nRFCloud Iifecycle services
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© Nordic Semiconductor

NRF9151

Architecture and feature overview

Dedicated Application MCU
A Powerful ARM® Cortex®M33 MCU

A Advanced security system including ArnTrustZoneand Crypto
cell 310

A Comprehensive set of standard peripherals including SPI, UART,
12C, 12bit ADC

Multimode low power modem
A LTEM and NB-1oT (3GPP Rel 14), NTN, GNSS and NR+ modem

A Global 7062200 MHz LTE band support

A Advanced powersaving featureseDRX PSM and Nordic
proprietary

Dedicated application MCU memory configuration:

SiP Module NVM RAM

nRF9151 1.0 MB 256 KB

MCU - Arm®
Cortex®-M33
64 MHz

Security Security

\% \%

Peripherals
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World smallest cellularSiIPmodule
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: : Multiple ICs and passive components
Systemin-Package GiF) integrated into one compact SiPmodule

High performance LGA package
measuring only 12 x 11 x 1.2 mm

Compact footprint

Geographically focused, owned and

Resilient supplychain managed by Nordic

Copyright © 2025 Nordic Semiconductor. All rights reserved




© Nordic Semiconductor

Globally certified cellulasiPmodule
Single SKU, readyjto-use for global deployments

Mature stack Regulatory

‘ Global LTE 3GPP Conformance

| ficat S
testing and certification PRFOIST ACAAD
YYWWELACKXXXX UK Radio Equipment Directive
«(( CCAF 24XXXXXXKX cA (RED) 2014/53/EU

North America LTE 3GPP EIkxeyy vy vy C €
. Conformance testing and S/ e :
PTCRB ’ S B @ danarer 1%

Certlflcat'on ANATEL: XXXXX-XX-XXXXX Aginzia Nacianal de Telecomunicagtes

: CMIIT 1D; 2024x00x%x (M) ISED
Mobile Network Operator
- .I Certifications

—

CMIIT ID: XXXXYZNNNN

Copyright © 2025 Nordic Semiconductor. All rights reserved All trademarks are the property of their respective owners and are used with their permission. NORDIC




Ultra-low power enablers
Nordic proprietary technology and IP

&

Bottom-up low Low level Unique modem Optimized
power design embedded features to further device-to-cloud
with Nordic software optimized optimize power transport layer

PMIC, MCU and for low power consumption and low power
RF Front End operation services

Copyright © 2025 Nordic Semiconductor. All rights reserved Sz ile



Ultra-low power modem features

Nordic proprietary technology and IP

Connection quality indicator Intelligent network search engine Smart PSM

- NRF9151 Modem ON/OFF
== NRF9151 Smart PSM ON

10x Savings

6Xx Savings

Power Consumption
Average Current uA]

8x Savings

e

|

10 min 1 hour 2 hour
Sleep Interval

Bad Poor Normal Good Excellent
Connection Quality

Assess network condition and decide Optimizing network search time and If network does not grant PSM our
when to transmit data power consumption Smart PSM can be activated

3 NORDICTECH
Copyright © 2025 Nordic Semiconductor. All rights reserved % oum c 26
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Ultra-low power performance

Cellular loT water metering scenario

>85%

Water Meter Reduction

Hourly data
upload interval

o}

Module X NRF9151

Note: Module X = Closest competitor
Copyright © 2025 Nordic Semiconductor. All rights reserved Uplink 23dBm, PSNhterval: 1 hour, TX Payload: 100 bytes, Supply voltage: 3.7V
Estimate your application power consumption usin@ellular Online Power Profiler

>10x

Battery life
9 months >10 Years
Module X nRF9151
NORDIC

Note: 1200mAh battery



https://devzone.nordicsemi.com/power/w/opp/3/online-power-profiler-for-lte

© Nordic Semiconductor

NnRFCloud

Device ultralow power enablers

50% >10X Up to 90%

reduction improvement savings

60 sec+

Bl vorr protocol [ Standard GNSS A

. CoAP protocol . Assisted GNSS

<10 sec
< 0.06 mAh

o
c
e
=
o
S
=
%)
c
o)
o
S
o
=
o
o

60 min upload interval TTFF cold start  Energy usage
Water Metering Use Case

CoAP Low Power protocol Assisted GNSS drives performance Modem - low power Delta FOTA

NORDIC
Copyright © 2025 Nordic Semiconductor. All rights reserved enlle




© Nordic Semiconductor

The Complete Product Offering

Operate, update and investigate

Device Management

Keep your devices
updated and secure

Manage provisioning, send and
store messages, and update
firmware OTA.

Copyright © 2025 Nordic Semiconductor. All rights reserved

Embedded Observability

&

Identify and resolve
problems fast

Collect and analyze device health
metrics, coredumps, and logs
from the field.

Location Services

Track devices anywhere
in the world

Track your devices using power
efficient cellular or WiFibased
location services.

NORDICTECH 29
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Cellular 10T development tools

Innovate faster

NRF9151 DK “Fig Thingy:91 X

Development Kit R Prototyping Platform

Out-of-the-box evaluation and development Easyto-use for rapid prototyping
Full suite of tools and resources Comprehensive connectivity options |
Pre-loaded and ready-to-use SIM cards Integrated with nRFCloud location services }
|
\
LTE-i¥ @ne-or QGNSS NG LTE-0%} @ne-ior  9GNSS  n@) OBluetooth  Wifd)

Copyright © 2025 Nordic Semiconductor. All rights reserved



Interactive Online Learning Platform

A learning path from Fundamentals to Intermediate

/2 b3
nRF Connect SDK Fundamentals Cellular loT Fundamentals

Copyright © 2025 Nordic Semiconductor. All rights reserved

4\/}

DevAcademy

--aw. --()-

|
nRF Connect SDK Intermediate

NORDIC DevAcademy

NORDIC



NRF Connect SDK

Easyto-use, unified and scalable

T =
- N
Optimized for Qualified and certified
Nordic SiPmodules cellular stack

Bare-metal-like Proven Interoperability
performance, power
consumption and
memory footprint

Copyright © 2025 Nordic Semiconductor. All rights reserved

Extensive outof-the-
box functionality

Reusable Zephw
inherited and Nordic-
developed software
components

(®)

Production-ready
guality

Hundreds of nRF
Connect SDKbased
products in the
market




Application Integration

Two options 0 your choicel

Dual-chip solution Single-chip solution

Application MCU Cellular modem Application + modem

PMIC PMIC
nRF
b AT Command I/F Sarfal T8 rrasler Cus_torr_ler
application
(7]

Modem Modem

RF Front End

RF Front End

Copyright © 2025 Nordic Semiconductor. All rights reserved \ TOUR



Bluetooth Integration

Two options d your choice!

NRF54 Main controller Software

Application MCU Cellular modem &

0
ul
x
w
n

Standard Serial LTE modem
in application

PMIC

PMIC

nRF ]
Customer AT Command I/F Serial LTE modem blg
application

BLE Host & Controller

BLE Host Modem BLE application layer
BLE Controller :
Zephyr Modem library
RF Front End RF Front End Cloud Application layer

Y\ NORDICTECH
Copyright © 2025 Nordic Semiconductor. All rights reserved % l TOUR ¢ 34



Bluetooth Integration

Two options d your choice!

NRF91 Main controller Software

Cellular modem

Application MCU BLE Host e

PMIC

SERIES

=
A

BLE Host
BLE application layer

SERIES

PMIC

Cloud Application layer
BLE HCI / UART Customer
Application

nRF‘ﬂ
BLE Host e 14
Modem BLE Controller

RF Front End RF Front End

BLE Controller

Y\ NORDICTECH
Copyright © 2025 Nordic Semiconductor. All rights reserved % l TOUR ¢ 35
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© Nordic Semiconductor

Quickstart Cellularmonitor Serial Terminal  nRF Cloud portal
Memfault

Streamlinedand extra Modem and cellular Capturing application Interaction with
smooth out-of-box link insights logs and messages remote device

NRF Connect for Desktop

NORDIC




© Nordic Semiconductor

St View Go Capture Anaiyze Statstcs

Cellular Monitor Tool to capture /s

Toeppany  Wrsiess « 0 e in } Q

Relate Time Sourc
13:29:01.37926 0.3989265 0.0094308 AT AT Command: AT4CEDRXSs2,4,*1001"
13:29:01.371018 0.3998185 ©.0000925 Command: OK
9. 0.4984175 .009399s ommand: AT4CEDRXS=2,6, *1001"
. - b ©.000031s Command: OK
©.0023505 Command: ATXXSYSTEMMODE?
13:29:01.382828 0000305 T Commar 1,0,0,0 0K
©.0086985 d: ATXOODEMTRACE=1,1
3:29:01. 44s0 ©.0525205 AT ommand: 0K
9. ©.879883s BCCH_BCH

©.0139475 SystenInformationBlockTypel
SystemInformation [ S182 ]
Attach requesy, PON connectivity request
uL_cooH RRCConnectionRequest

. 9. AT Revd AT Comsand: NCESQ: 72,3,12,1
:29:02. X Revd AT Command: +CEREG: 2,*76C1%,"014A0302",7
3:29:02.39204 g oL_CCCH RRCConnectionSetup
13:29:02.392929 ULZDCCH/NA- RRCConnectionSetupCosplete, Attach request, PON connectivity request
3:29:02.39381 B Revd AT Command: +CSCON: 1
9:02. i

AT Revd AT Command: XCESQ: 74,3,17,2

LTE RRC DL_DCCH/NA- DLInformationTransfer, Ciphered message
» Bogus 1P version (2)

® 4 Bogus 1P version (

LTE RRC UL_DCCH/NA- ULInformationTransfer, Ciphered message
LTE RRC Securi tyModeCommand

LTE RRC SecurityModeComplete

LTE RRC UECapabilityEnquiry

[l = 21 13:29:02.8371
13:29102.839036 LTE RRC UECapabilityInformation
13:29:02.939713 1.967713s . LTE RRC DLt 37 RRCConnectionReconfiguration, Ciphered message
g 1.9686285 A LTE RRC UL RRCConnectionReconfigurationConplete
9:02. 1.968934s
07 41

Attach accept, Activate default EPS bearer context request
e vavery -

o1
o0

ain NAS rity
EPS mobility mana messages

simple configuration in application [ =S
Output over UART or RTT*

Ltiples of 2 seconds

No extra hardware needed!

DRX value: GERAN: 783.36 s / UTRAN: 2621.44 s / E-UTRAN: 163.84 s (8x9)

NORDIC
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Online Power Profiler

Online Power Profiler for LTE

Flexible evaluation

Tools to evaluate Power consumption, Modem performance,
and cloud services w/ AT commands or precompiled samples

Online Power Profiler tool to estimate power consumption

NRF Connect for Desktop

Measure and analyze power consumption Cellular Monitor

requires a Power Profiler kit Il

vionitor:/Analyze modem traces, evaluate
communication, and network testing

Guided path to evaluation and development

NORDIC



€ Memfault

Enabling device makers to
launch and supporthighly
reliable products fast.

Copyright © 2025 Nordic Semiconductor. All rights reserved




Firmware Oveithe-Air update

Optimized, automated and low-risk at scale

Automated Rollout
Management

> Il ¢

Visibility Throughout Rollout "One-Click" Abort

React fast if things go wrong with
a one-click abort and debugging
data in the same system.

Dondt ship updéat I Mutdntate rolw management
maintain total visibility of release with simple, staged rollouts and
performance as it rolls out. customized device groups.

Y\ NORDI
Copyright © 2025 Nordic Semiconductor. All rights reserved @ o TOS;’ECH



Memfault Observabllity Features

Fleet Health Monitoring Remote Debugging Logging & Alerting

o Battery = (D LeyoutMode  ~ Create Chart bevice W T0000700 Traces Over Time _sEnEniEEEs Device Logs 7 Fiers

Introduced in 1.1.0 (pvt-software) Current device attribute

@ @ ddatiiout

Data collected on Last affected 1.0 [pvi-software) stribution
All Devices 1.0.0 (pvt-software) x v Cohort Production production_batch_id [N - L > Overtime
o 100 <) Software 1.0 E Device Distribution ~ - )
Hardware  put = Device Distribution v Distribution
All Devices 1.1.0 (pvt-software) x v
0 1o 5 Log Level R
kX Trace Captured 5 days ago ] Old:
B ) “ Cohort ]
AllDevices 111 (pvt-software] v Software Version [ I _——
t T Lt D load v
Q1 © State - Trace Logs e Hardware Version [
o Issue ]
@® Compare Threads Process #1 Exceptions  Registers & Locals  Global: — [
~  main (2) Total Results: Devices: [} Cohorts: Software Versions: Traces: Issues:
‘ _ _ EED (o scoertsend etk us:; TR Devices: [0 Conons: [l Sofw (5 ] 0 e @
Expected Battery Life & i Expected Battery Life by Percentiles & & 0 prv_fault_handiing_assert in ../memfautt fault_handiing_arm. at ir
Timestamp 4 Message

. 1 memfault_fault_handling_assert in ... /memfautt_fautt_handling_arm Analysis
@) 75.5hours / 31 days a0 A B [ + 2 gattsend_next_pkt in.. jsre/blajgatt_sarvice.c stfing 10 (8 4 Load Older Results (250 of 1.5K loaded) 1
X Assert was triggered by software
D:: "‘"""'_”""'”;;’”""‘"9 - 89 86,06 hours pag 81.44 hours pag  87.2 hours » 3 send_char_notity in ./ cs.catline 44 B
software versian 1.0. = 2025-08-02 1 (419880455) mflt: OTA up to date!
w pe5 8364 hours  p95 B1.22 hours  pgs 86.09 hours v dmain i fshapsmatefsrc/main.c at ina 98 & ) " ¢
O 728 hours [ 3.0 days {shapamatesrc/ms . Fault Register Value Hex Value 01:53:22 (UTC) = B ADACCAZAABED &
Data from All Devices ps0 75.51hours ps0 72.64 hours pso 75.3 hours v e I evice 860 &
funning software version 110 g s . . -
e 753: 1314 3 P05 84.68 hours  p05 22,61 hours  p05 18.55 hours > 0 zthread_entry in ./sblosssc.sntry.c st ine 52 (3 CESR 65536 0x00010060 2025-08-02 1 (4226B13575) mflt: Data posted successfully, 412 bytes sent <
.3 hours / 31days 2 N N ) _thread. Mvjosh iy 7
01 58, . 201104 T
Data from All Gevices . p01 58.34 hours  p01 17.05 hours 01 10.51 hours. + 10xsesansa HFSR o 0X00000000 02:53:23 (UTC) INFO | [Dwvics| 404CCA44ABE0 &
running software version 111 38K 25K .
s 63 shel.uart (4) L SHCSR 458760 0x00070008 2025-08-02 T (422682365) mflt: OTA up to <
0 . in _/libjos/thread_entry.c at line & 3
0 2_thread_entry in . fisjostheead_entry.c st ine 32 (& 0Z8324WTC)NkG Device 404CCA44ABEO @
p50 (Median) 0O 0 o6 + 10xzassazaa
oo e P o ncicend 2025-08-02 1 (424283285) mflt: Data posted successfully., 415 bytes sent <

Improve fleetwide quality Root cause issues in minutes Search device logs across your
and reliability by analyzing with coredumps, traces, reboots, entire fleet and receive alerts at
connectivity, power, firmware logs, and metrics for every device the first signs of trouble .
stability, flash wear and more. in one place.

Copyright © 2025 Nordic Semiconductor. All rights reserved NO RPAS;’ECH 42



Expected Battery Life @

Device Vitals

. . .- . - 123.0 hours / 5.1 day
Out-of-the-box insights critical for reliability © st om AtDevies o | stabity Priod O
127.0 hours / 5.3 da
e Data from All Devices running 3213 l;l(:uri" Devi i
i software version v4.9.9-core ata from evices running
- Battery Llfe b 49098 i software version v4.9.9-core17
% How long is the battery life under real -world 5 days 2 hours

conditions across various configurations? © Data from Al Devices running

software version v4.9.9-core21

g{o Stablllty Flash Lifetime Remaining ®

How often does the firmware crash?

10

-
c
=1
s}

o
©

2
>
[

a

TJ/ Connectivity

f. How reliable is BLE, WiFi, and LTE? 55

o]
0% 10% 20% 30% 40% 50% 60% 70% 80% 90% 100%

Remaining Lifetime (%)

- - Flash Wear
:: What is the lifespan of the non-volatile storage chip Compare Device Vitals between Software
. . under current write & erase conditions? Versions to prevent regressions

Copyright © 2025 Nordic Semiconductor. All rights reserved @ OF ;OU;'ECH 43




Memfault& nRFCloud

Integrate, connect and operate over any connectivity path

©Bluetoothh FHREAD EIEIC:) UubD

/
Your Application — e powered by &) Memfault
_ @D  Breor LTE-(

Device Management

NRFConnect SDK

€L
or nRF5 SDK AL

Cloud Connectivity
otz 1ES SECLE D 08 amd : Embedded Observability

€ Memfault SDK <5kB

@ Secure connection Location Services
Physical Layer (PH

NORDIC

Copyright © 2025 Nordic Semiconductor. All rights reserved
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Quickly get started with evaluation

Select a kit

Guides users depending on what they
want to evaluate

Further guides for development

Up and running Iin just minutes

NORDIC



Integrated debugger (SWD$egge)

Analyze and view cellular debug logs

with Cellular Monitor and/or Wireshark

Access to two UART port over USB

Segger JTAG Debugger JTAG Debug in nRF9151

JTAG Debug OUT

Headers for power measurement (PP {ESu——_—___-.: | LY7o

External Power supply

USB Port (3 Virtual UART)

= NRF9151 SiP

SI M CU rre nt measu rement #”;;u. _:—:‘ ; ‘“ .. - g Cellular/DECT NR+ Antenna

MFF2 placemen t option
Nano eSIM (4FF)
External SIM Header




